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1 Tier

2 Tiers

3 Tiers

4 Tiers

5 Tiers

Tiers Model
ME-102A

MES-102A
MEL-102A
ME-202A

MES-202A
MEL-202A
ME-302A

MES-302A
MEL-302A
ME-402A

MES-402A
MEL-402A
ME-502A

MES-502A
MEL-502A

Rated Voltage

24V DC

Mass
0.22kg
0.12kg
0.34kg
0.23kg
0.13kg
0.35kg
0.24kg
0.14kg
0.36kg
0.25kg
0.15kg
0.37kg
0.26kg
0.16kg
0.38kg

Wire type/Diameter

UL1007/AWG22

UL Registration Model
ME-_02A

MES-_02A
MEL-_02A
ME-_02A

MES-_02A
MEL-_02A
ME-_02A

MES-_02A
MEL-_02A
ME-_02A

MES-_02A
MEL-_02A
ME-_02A

MES-_02A
MEL-_02A

 Type ME-A
Power Consumption

Red/Amber
0.60W

Green/Blue/White
0.32W

Tiers

1 Tier

2 Tiers

3 Tiers

4 Tiers

5 Tiers

Model
MP-102

MPS-102
MP-202

MPS-202
MP-302

MPS-302
MP-402

MPS-402
MP-502

MPS-502

Rated Voltage

24V AC/DC
(50/60Hz)

Mass
0.21kg
0.11kg
0.23kg
0.13kg
0.25kg
0.15kg
0.27kg
0.17kg
0.29kg
0.19kg

Wire type/Diameter

UL1007/AWG22

UL Registration Model
MP-_02

MPS-_02
MP-_02

MPS-_02
MP-_02

MPS-_02
MP-_02

MPS-_02
MP-_02

MPS-_02

 
Power Consumption

Red
0.70W
Amber
0.71W

Green/Blue/White
0.41W

Type MP

Specifications7

 This product is recognized as a UL standard.
 For recognition as a UL standard;
 - Use on a flat surface with a Type 1 Enclosure.
 - For type ME-A, maximum surrounding air temperature is at 40℃.
 - For type MP, maximum surrounding air temperature is at 60℃.

 This product conforms to EN standard and shows the CE Marking.
This product has been tested and found to comply with the limits for a Class A device, pursuant to EMC DIRECTIVE.
These limits are designed to provide reasonable protection against harmful interference when the equipment is 
operated in a commercial environment. 
This product must not be used in residential areas.

 PATLITE Corporation disclaims all liability for any malfunction or damage occurring as a result of handling contrary to the
instructions, cautions and warnings mentioned in this manual.

 Specifications may change without notice due to continual product improvement.

Caution


