TABLE A

TABLE A

[ParT NO [ LenaTH

| STP-232RJ12-CBL-2 | 2.0m [6.6 fi]

| ZIRNK mensa

NOTES:

1. UL2464 28AWG*3C + TALCUM
OD: 4.5mm, JACKET BLACK COLOR

2. RJ12 6P6C MODULAR PLUG
CONTACT: BRASS, GOLD FLASH

3. MINIMUM BEND RADIUS: 36mm [1.42"]

4. OPERATING TEMPERATURE: 0-60°C (32-140°F)

VATONATONDRECTY

P2 (Drive End)
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