
Relay Connector Module ZL-RS1-120

NOTE: USE FINDER 10A, 120VAC RELAY TYPE 40.31, OR OTHER
BRAND WITH EQUIVALENT UL RATINGS (NLDX2).

To download fullsize color .pdf Ziplink Wiring Diagrams
go to websitewww.Automationdirect.com
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ZL-RS1-120 REV 1.5Pg. 1

Part# Pcs/Pkg Price/Pkg
AC Relay M odule ZL-RS1-120 1
Description
Approvals
Input Voltage
Current per Channel
Coil Supply Voltage
OFF to ON response
ON to OFF response
Connection
Contact Type
M echanical Life, Contacts
M axim um Operating Voltage
M axim um Current
Wire Range (Rated Cross Section)
M axim um Power, Inductive
M axim um Power, Resistive
M inim um Load
Isolation, Coil to Contacts
Isolation, Channel to Channel
LED Indicator Status, Relay
Operating Tem perature
Storage Tem perature
Protection
M ounting
Dim ensions

AC 1500VA DC 150W
14-22 AWG (0.2-2.5mm2) 75°C min.

120VAC +-10%

10ms

2X 106

10A 230VAC 25°C

15ms

1 Form C

400VAC 125VDC

Terminal Block 0,10" (2,5mm)

Ziplink single channel re lay socket for 120VAC relays
UL CSA CE
120VAC

With capacitor 50mA / Without capacitor 15mA

0,67"(17mm) x 3,00" (76,4mm) x 2,67"(68mm) (With Relay)

AC 2500VA DC 300W

-10°C to +40°C
-10°C to +50°C

Red (On: re lay on. Off: re lay off)

100mA 5VDC
2,5K VAC / 60Sec

1KVAC / 60sec

IP00
DIN Rail EN 50.022 EN50.035

ZL-RS1-120

WARNING : WIRE ONLY ACCORDING TO WIRING DIAGRAMS SHOWN BELOW TO
AVOID CAUSING DAMAGE TO ELECTRICAL EQUIPMENT OR THE RELAY MODULE.
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Wiring Diagram: For PLC Modules with Electromechanical Relay Outputs

ZL-RS1-120

Wiring Diagram: For PLC Modules with SSR (Triac) relay outputs

ZL-RS1-120 REV 1.5Pg. 2

Power supply
120VAC

PLC I/O Module
with Electromechanical

Relay Output

ZL-RS1-120

Warning :
It is recommended to install
a 1 Amp fast blow fuse in series with
the power supply as an extra safety
measure.
Use a fuse terminal block such
as a DINnector DN-F10 or DN-F10L

Power supply
120VAC

PLC I/O Module
with SSR (Triac)

relay output

Warning :
It is recommended to install
a 1 Amp fast blow fuse in series with
the power supply as an extra safety
measure.
Use a fuse terminal block such
as a DINnector DN-F10 or DN-F10L

1micro Farad
250V

Warning :
It is necessary to install

a capacitor
(part number ZL-CAPKIT)

in parallel to the coil of the
ZL-RS1-120.
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