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Edison Fuses – General Purpose 
Midget Class MCL

Features
• Provide supplemental protection to 

end-use equipment
• Compact dimensions
• High interrupting rating
• Fast-acting design responds quickly to

both overloads and short-circuit current

Applications
Control circuits, electronic equipment
protection, street lighting holders, and
HID lighting

MCL Specifications
Fast-Acting
Voltage Rating: MCL - 600 VAC

Ampere Rating: 0.5 - 50 Amps

Interrupting Rating: 100,000 RMS Amps

Agency Approvals
• (0.5 - 30) UL Listed, File E162443
• (0.5 - 30) CSA Certified C22.2, Part 59.2,

LR700489
• CE Compliant

DIMENSIONS
Amps Ferrule (in) Length (in)
0.5 - 50 13/32 1-1/2

CROSS REFERENCE
EDISON BUSSMANN GOULD LITTELFUSE
MCL KTK ATM KLK

RMS SYMMETRICAL CURRENT IN AMPERES
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Characteristic Curves

MCL General Purpose Midget Class
Fuses

Part
Number

AMP
Rating Pcs/Pkg Package

Weight Price

MCL-5 0.5 

10 0.2 lb

<--->

MCL1 1 <--->

MCL1-5 1.5 <--->

MCL2 2 <--->

MCL2-5 2.5 <--->

MCL3 3 <--->

MCL3-5 3.5 <--->

MCL4 4 <--->

MCL5 5 <--->

MCL6 6 <--->

MCL8 8 <--->

MCL10 10 <--->

MCL12 12 <--->

MCL15 15 <--->

MCL20 20 <--->

MCL25 25 <--->

MCL30 30 <--->

MCL35 35 <--->

MCL40 40 <--->

MCL50 50 <--->

http://www.automationdirect.com/pn/MCL1-5
http://www.automationdirect.com/pn/MCL2-5
http://www.automationdirect.com/pn/MCL3-5
http://www.automationdirect.com/pn/MCL-5
http://www.automationdirect.com/pn/MCL10
http://www.automationdirect.com/pn/MCL12
http://www.automationdirect.com/pn/MCL15
http://www.automationdirect.com/pn/MCL20
http://www.automationdirect.com/pn/MCL25
http://www.automationdirect.com/pn/MCL30
http://www.automationdirect.com/pn/MCL35
http://www.automationdirect.com/pn/MCL40
http://www.automationdirect.com/pn/MCL50
http://www.automationdirect.com/pn/MCL1
http://www.automationdirect.com/pn/MCL2
http://www.automationdirect.com/pn/MCL3
http://www.automationdirect.com/pn/MCL4
http://www.automationdirect.com/pn/MCL5
http://www.automationdirect.com/pn/MCL6
http://www.automationdirect.com/pn/MCL8
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Fuse Holders Dimensions

Features
• New design – shipping since 4th Quarter

2009
• Finger-safe protection
• Optional “open-fuse” indication - mini-

mum 90 VAC required for illumination
• Polyester material is UL 94V-0 rated,

self-extinguishing
• Multi-phase connections available for

ganging poles
• Mounts on 35mm DIN rail (DN-R35S1)
• CE marking

Application
CHM: Edison MCL, MOL, MEQ, MEN midget
fuses.

CHCC: Edison HCLR, HCTR, EDCC fuses

Agency Approvals Class CC
• cULus Listed, Guide IZLT, File E14853
• IEC 60269-2
• IEC 60947-3
• CE Compliant

Agency Approvals Midget
• cURus Recognized, Guide IZLT2, File

E14853
• IEC 60269-2
• IEC 60947-3
• CE Compliant

Edison Fuses – Fuse Holders

Modular Fuse Holder Selection Table

Series
Size

Max
Voltage &

Current

IE
C

cU
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s
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nf
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*

Fuse
Holder
Without

Indication 

Box
Qty. 

Pkg.
Wt.

(lbs.)
Price

Fuse Holder
with NEON
Indication

Box
Qty. 

Pkg.
Wt.

(lbs.)
Price

CHM
Midget
Class

UL/CSA 600
VAC/DC, 
30A (3 Watt) 

IEC 690 VAC,
32A

• † • 1 pole 1
CHM1D-1 1 0.14 <---> CHM1DI-1 1 0.14 <--->

CHM1D 12 1.8 <---> CHM1DI 12 1.8 <--->

• † • 2 pole 2
CHM2D-1 1 0.3 <---> CHM2DI-1 1 0.3 <--->

CHM2D 6 1.8 <---> CHM2DI 6 1.8 <--->

• † • 3 pole 3
CHM3D-1 1 0.4 <---> CHM3DI-1 1 0.4 <--->

CHM3D 4 1.8 <---> CHM3DI 4 1.8 <--->

CHCC 
Class
CC

UL/CSA
600VAC/DC,
30A

†† • 1 pole 1
CHCC1D-1 1 0.14 <---> CHCC1DI-1 1 0.14 <--->

CHCC1D 12 1.8 <---> CHCC1DI 12 1.8 <--->

†† • 2 pole 2
CHCC2D-1 1 0.3 <---> CHCC2DI-1 1 0.3 <--->

CHCC2D 6 1.8 <---> CHCC2DI 6 1.8 <--->

†† • 3 pole 3
CHCC3D-1 1 0.4 <---> CHCC3DI-1 1 0.4 <--->

CHCC3D 4 1.8 <---> CHCC3DI 4 1.8 <--->

*Holder width as compared to standard 17.5 mm module (1 = 17.5 mm,  2 = 35 mm, 3 = 52.5 mm) † cUL Recognized (SCCR:
10 kA †† cUL Listed (SCCR: 200 kA)
Note: To add additional poles, see multi-pole connection kit JV-L in Accessories. Retired accessories AL-D and CH810-HP will
not work with new design.

DIN Rail Removal

1 Apply even downward
pressure across the
top of all fuseholders

2 Rotate out.

Part number guide for CH series fuse holders: M = Midget class; CC = CC class; 
1D, 2D, 3D = 1, 2, and 3 pole configurations; I = with NEON indicator; -1 = quantity of 1.

CHCC and CHM Wire Range and
Torque

W
ire

 R
an

ge

Conductor
Type (75

degrees C,
Cu Wire
Only) /

Number of
Conductors

Max.
Torque

0.8 - 4 mm²
(18 - 12 AWG)

Solid, Stranded
/ Single

2.3 Nm 
(20 lb-in)

5.0 mm²
(10 AWG) Solid / Single

2.8 Nm 
(25 lb-in)

5.0 - 8.0 mm² 
(10 - 8 AWG)

Stranded /
Single

0.8 - 2.0  mm²
(18 - 14 AWG) Solid / Dual

0.8 - 5.0  mm²
(18 - 10 AWG) Stranded / Dual
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http://www.automationdirect.com/pn/CHCC1DI-1
http://www.automationdirect.com/pn/CHCC2DI-1
http://www.automationdirect.com/pn/CHCC3DI-1
http://www.automationdirect.com/pn/DN-R35S1
http://www.automationdirect.com/pn/CHM1DI-1
http://www.automationdirect.com/pn/CHM2DI-1
http://www.automationdirect.com/pn/CHM3DI-1
http://www.automationdirect.com/pn/CHCC1D-1
http://www.automationdirect.com/pn/CHCC2D-1
http://www.automationdirect.com/pn/CHCC3D-1
http://www.automationdirect.com/pn/CH810-HP
http://www.automationdirect.com/pn/CHM1D-1
http://www.automationdirect.com/pn/CHM2D-1
http://www.automationdirect.com/pn/CHM3D-1
http://www.automationdirect.com/pn/CHCC1DI
http://www.automationdirect.com/pn/CHCC2DI
http://www.automationdirect.com/pn/CHCC3DI
http://www.automationdirect.com/pn/CHM1DI
http://www.automationdirect.com/pn/CHM2DI
http://www.automationdirect.com/pn/CHM3DI
http://www.automationdirect.com/pn/CHCC1D
http://www.automationdirect.com/pn/CHCC2D
http://www.automationdirect.com/pn/CHCC3D
http://www.automationdirect.com/pn/CHM1D
http://www.automationdirect.com/pn/CHM2D
http://www.automationdirect.com/pn/CHM3D
http://www.automationdirect.com/pn/JV-L
http://www.automationdirect.com/pn/AL-D
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Modular Fuse Holder Selection Table

Series
Size

Max
Voltage &
Current

IEC UL CSA Phase
Configuration

No. of
17.5mm
Modules*

Fuse
Holder
Without
Indication 

Box
Qty. 

Pkg.
Wt.
(lbs.)

Price
Fuse Holder
with Neon
Indication

Box
Qty. 

Pkg.
Wt.
(lbs.)

Price Wire
Range

Maximum
Torque

CHM
Midget
Class

UL/CSA 600
VAC/DC, 
30A (3 Watt) 

IEC 690 VAC,
32A

• † • 1 pole 1
CHM1D-1 1 0.14 <---> CHM1DI-1 1 0.14 <--->

1-16 mm2 

(18-8 AWG)
2.5 Nm 
(22 lb-in)

CHM1D 12 1.8 <---> CHM1DI 12 1.8 <--->

• † • 2 pole 2
CHM2D-1 1 0.3 <---> CHM2DI-1 1 0.3 <--->

CHM2D 6 1.8 <---> CHM2DI 6 1.8 <--->

• † • 3 pole 3
CHM3D-1 1 0.4 <---> CHM3DI-1 1 0.4 <--->

CHM3D 4 1.8 <---> CHM3DI 4 1.8 <--->

CHCC 
Class CC

UL/CSA
600VAC/DC,
30A

†† • 1 pole 1
CHCC1D-1 1 0.14 <---> CHCC1DI-1 1 0.14 <--->

CHCC1D 12 1.8 <---> CHCC1DI 12 1.8 <--->

†† • 2 pole 2
CHCC2D-1 1 0.3 <---> CHCC2DI-1 1 0.3 <--->

CHCC2D 6 1.8 <---> CHCC2DI 6 1.8 <--->

†† • 3 pole 3
CHCC3D-1 1 0.4 <---> CHCC3DI-1 1 0.4 <--->

CHCC3D 4 1.8 <---> CHCC3DI 4 1.8 <--->
*Holder width as compared to standard 17.5 mm module (1 = 17.5 mm,  2 = 35 mm, 3 = 52.5 mm)        †  UL Recognized (SCCR: 10 kA) †† UL Listed (SCCR: 200 kA)

Features
• Retired design – shipped before 4th

Quarter 2009
• Multiple-pole configurations
• Finger-safe protection
• Optional “open-fuse” indication - mini-

mum 90 VAC required for illumination
• Polyester material is UL 94V-0 rated,

self-extinguishing
• Mounts on 35mm DIN rail (DN-R35S1)
• CE marking

Application
CHM: Edison MCL, MOL, MEQ, MEN midget
fuses.

CHCC: Edison HCLR, HCTR, EDCC fuses

Agency Approvals Class CC
•  UL Listed to 512, Guide IZLT, File E14853
•  CSA Certified, Std. C22.2 No. 39, 

Class 6225-01, File LR47235
• IEC 60269-2
• IEC 60947-3
• CE Compliant

Agency Approvals Midget
• UL Recognized to 512, Guide IZLT2, File

E14853
• CSA Certified, Std. C22.2 No. 39, 

Class 6225-01, File LR47235
• IEC 60269-2
• IEC 60947-3
• CE Compliant

Edison Fuses – Fuse Holders

35.0
(1.38)

35.0
(1.38)

Fuse Holders Dimensions 
mm[inches]

Note: Muli-pole connection kit JV-L will not work with these Retired Design fuse holders. Retired Design accessories are AL-D (connection link) and CH810-HP (handle
pins) for CHM or CHCC fuse holders; both sold in 12/pkg.

AL-D CH810-HP
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http://www.automationdirect.com/pn/CHCC1DI-1
http://www.automationdirect.com/pn/CHCC2DI-1
http://www.automationdirect.com/pn/CHCC3DI-1
http://www.automationdirect.com/pn/CHM1DI-1
http://www.automationdirect.com/pn/CHM2DI-1
http://www.automationdirect.com/pn/CHM3DI-1
http://www.automationdirect.com/pn/CHCC1D-1
http://www.automationdirect.com/pn/CHCC2D-1
http://www.automationdirect.com/pn/CHCC3D-1
http://www.automationdirect.com/pn/DN-R35S1
http://www.automationdirect.com/pn/CH810-HP
http://www.automationdirect.com/pn/CH810-HP
http://www.automationdirect.com/pn/CHM1D-1
http://www.automationdirect.com/pn/CHM2D-1
http://www.automationdirect.com/pn/CHM3D-1
http://www.automationdirect.com/pn/CHCC1DI
http://www.automationdirect.com/pn/CHCC2DI
http://www.automationdirect.com/pn/CHCC3DI
http://www.automationdirect.com/pn/CHM1DI
http://www.automationdirect.com/pn/CHM2DI
http://www.automationdirect.com/pn/CHM3DI
http://www.automationdirect.com/pn/CHCC1D
http://www.automationdirect.com/pn/CHCC2D
http://www.automationdirect.com/pn/CHCC3D
http://www.automationdirect.com/pn/CHM1D
http://www.automationdirect.com/pn/CHM2D
http://www.automationdirect.com/pn/CHM3D
http://www.automationdirect.com/pn/JV-L
http://www.automationdirect.com/pn/AL-D
http://www.automationdirect.com/pn/AL-D
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Edison Fuses – Fuse Blocks

BC Series Fuseblocks
Part
Number Amps Poles AWG Pcs/

Pkg
Wt.
(lbs.) Price

BC6031PQ
0.1 to 30

1

18 - 8

10 0.1 <--->

BC6032PQ 2 8 0.16 <--->

BC6033PQ 3 6 0.22 <--->

BM Series Fuseblocks
Part
Number Amps Poles AWG Pcs/

Pkg
Wt.
(lbs.) Price

BM6031PQ
0.1 to 30

1

18 - 8

10 0.1 <--->

BM6032PQ 2 8 0.16 <--->

BM6033PQ 3 6 0.22 <--->

Description
These panel-mount fuse blocks are for use
with Class CC Fuses (Edison EDCC, HCTR
and HCLR).

Specifications
Terminal type: Pressure plate with quick connect
terminal

Base: Thermoplastic

Clips: Bright tin-plated bronze

UL Flammability: 94V-0

Ratings: 600 VAC, 30 Amps

Agency Approvals
• UL listed to 512 , Guide IZLT, File 14853
• CSA C22.2 No. 39 Class 6225-01, File LR47235
• CE Compliant

Description
These panel-mount fuse blocks are for use
with any 13/32” x 1-1/2” Class M Fuses
(Edison MCL, MEQ, MEN and MOL).

Specifications
Terminal type: Pressure plate with quick connect
terminal

Base: Thermoplastic

Clips: Bright tin-plated bronze

UL Flammability: 94V-0

Ratings: 600 VAC, 30 Amps

Agency Approvals
• UL Recognized to 512,  Guide IZLT2, 

File E14853
• CSA C22.2, No.39, Class 6225-01, File 47235

CROSS REFERENCE
EDISON OLD EDISON BUSSMANN GOULD LITTELFUSE
BM6031PQ EM631-44 BM6031PQ 30321 L60030M-1PQ

BM6032PQ EM632-44 BM6032PQ 30322 L60030M-2PQ

BM6033PQ EM633-44 BM6033PQ 30323 L60030M-3PQ

CROSS REFERENCE
EDISON OLD EDISON BUSSMANN GOULD LITTELFUSE
BC6031PQ EMR631-77 BC6031PQ 30321R L60030C-1PQ

BC6032PQ EMR632-77 BC6032PQ 30322R L60030C-2PQ

BC6033PQ EMR633-77 BC6033PQ 30323R L60030C-3PQ

http://www.automationdirect.com/pn/BC6031PQ
http://www.automationdirect.com/pn/BC6032PQ
http://www.automationdirect.com/pn/BC6033PQ
http://www.automationdirect.com/pn/BM6031PQ
http://www.automationdirect.com/pn/BM6032PQ
http://www.automationdirect.com/pn/BM6033PQ
http://www.automationdirect.com/pn/BM6031PQ
http://www.automationdirect.com/pn/BM6031PQ
http://www.automationdirect.com/pn/BM6032PQ
http://www.automationdirect.com/pn/BM6032PQ
http://www.automationdirect.com/pn/BM6033PQ
http://www.automationdirect.com/pn/BM6033PQ
http://www.automationdirect.com/pn/BC6031PQ
http://www.automationdirect.com/pn/BC6031PQ
http://www.automationdirect.com/pn/BC6032PQ
http://www.automationdirect.com/pn/BC6032PQ
http://www.automationdirect.com/pn/BC6033PQ
http://www.automationdirect.com/pn/BC6033PQ
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Edison Fuses – Fuse Block Dimensions

1.625" + 0.015"
(41.28mm + 0.38mm)

2.375" + 0.015"
(60.33mm + 0.38mm)

R

BUSSMANN
COOPER INDUSTRIES
ST. LOUIS, MO 63178
MADE IN U.S.A.

75   C    WIRE
200,000A   RMS   SYM
WITHSTAND   RATING

Buss ®BC6031PQ
30A    600V

CLASS   CC
FUSES   ONLY

CU   ONLY
10  AWG     20  LBJN.

3.000" + 0.015"
(76.20mm + 0.38mm)

0.360"
(9.14mm)

1 POLE

0.828" + 0.015"
(21.03mm + 0.38mm)

0.200" + 0.003"
(5.08mm + 0.08mm)

0.200" + 0.003"
(5.08mm + 0.08mm)

0.425"
(10.80mm)

1.530"
(38.86mm)

0.200" + 0.003"
(5.08mm + 0.08mm)

2 POLE 0.425"
(10.80mm)

0.765"
(19.43mm)

3 POLE

1.210" + 0.015"
(30.73mm + 0.38mm)

0.42"
(10.7mm)

1.53"
(38.9mm)

0.42"
(10.7mm)

0.77"
(19.4mm)

3"
(76.2mm)

1.22"
(31.0mm)

1.5"
(38.1mm)

0.36"
(9.1mm)

0.86"
(21.8mm)

1.63"
(41.3mm)

2.38"
(60.3mm)

CC Class
Dimensions - 
inches(mm)

M Class
Dimensions
inches(mm)

One Pole
BM6031PQ

Two Pole
BM6032PQ

Three Pole
BM6033PQ

One Pole
BC6031PQ

Three Pole
BC6033PQ

Two Pole
BC6032PQ

http://www.automationdirect.com/pn/BC6031PQ
http://www.automationdirect.com/pn/BM6031PQ
http://www.automationdirect.com/pn/BM6032PQ
http://www.automationdirect.com/pn/BM6033PQ
http://www.automationdirect.com/pn/BC6031PQ
http://www.automationdirect.com/pn/BC6033PQ
http://www.automationdirect.com/pn/BC6032PQ
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Edison Fuses – Accessories

JV-L

FP2

JV-L

Note: Will not work with retired design fuse holders shipped before November 1, 2009.
*Roll pin punch or installation tool is required to install handle pins (Tool not sold by Automationdirect.com).

Handle Pin Dimensions 
Diameter = 0.0625 in [1.58 mm]
Length = 0.632 in [16.07 mm]

Accessories
Part Number Description Pcs/Pkg Price
FP-2 Fuse puller for fuse dia. 13/32” - 13/16”. Fuse type: 0-60A, 250V; 0-30A, 600V 1 <--->

JV-L*
(Not Field Installable)

Multi-pole connection kit to connect new design multiple Class CC and Midget
Class fuse holders together. Kit consists of 6 connectors and 3 handle pins to
connect up to 4 fuse holders.

<--->

http://www.automationdirect.com/pn/JV-L
http://www.automationdirect.com/pn/JV-L
http://www.automationdirect.com/pn/FP-2
http://www.automationdirect.com/pn/JV-L
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