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Edison Fuses — 5x20mm )
Fast-Acting S500 Series g

(P;rogtralrlnmable
Features Agency Approvals oo
c ) . Y . * UL Recognized Card: (0.5A-10A)
* Compact dimensions, 0.197”x 0.788 Guide JDYX2, File E19180 Field 10
Gmmx20mm) + CSA Component Acceptance File 53787
* Glass tube construction with Software
. * Semko Approval 160 mA-400 mA and
nickel-plated brass end caps 800 mA-10A Lo
. * Fast-acting, low breaking capacity « VDE Approval 0.32A-10A other HI
P « IMQ Approval 0.32A-10A
. . . Soft
Applications RoHS St
Supplemental protection for electronic Motors &
. . Gearbox
applications
Steppers/
. . Servos
S500 Specifications L.
lotor
Voltage Rating: See table below Controls
Ampere Rating: 0.32 - 10 Amps Prosimiy

Interrupting Rating: See table below P

Photo
Sensors

S500 Series 5x20 mm Glass Fast-acting Fuses L

Rated : i Switches
ZZ;b er RAa,:‘/l’r,: g Voltage ggt%;e;rtugg%gd B[gllgz_fy g%tgge Pcs/Pkg| ﬁ?&%ﬁe Price —
AC Max| Voltage (50Hz) | Pt AC* | mv** (Ib.)
S500-32-R |0.032 0.000047 | 3200 <> et
S500-5-R |05 0.18 220 <>
S5001-R |1 - 060 |2 PN 5
S5001-6-R |16 16 190 <> Temperatre
S5002-R |2 42 150 <> e
S5003-15-R (315 | 250V 13 130 5 0.025 <> E\;irguﬂons/
S5004-R 4 40A 22 130 <>
S5005-R |5 508 4 120 <> =
S5006-3-R |63 63A 69 120 o> %ﬁz/
S5008-R |8 80A - - <>
550010-R |10 1000 - - <> FHi
*Note: Typical Melting 't (A°Sec) - measured at listed interrupting rating and rated voltage. gﬂgi
ring

** Typical Voltage Drop - measured at 20°C ambient temperature at rated current.

Power
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Enclosures
Tools

Pneumatics

For mounting and wiring S500 fuses, see our DN- CROSS REFERENCE Appendix

F10 Series fuse blocks in the Terminal Blocks and | | o; p epison | Bussmann| FERRAZ | ir1eL Fuse

Product
Wiring Solutions section. GouLD Index
GDB/BDB GDB GSB 217

Part #
Index

Volume 13

www.automationdirect.com/circuit-protection Circuit Protection | €31—143



http://www.automationdirect.com/pn/S5003-15-R
http://www.automationdirect.com/pn/S500-32-R
http://www.automationdirect.com/pn/S5001-6-R
http://www.automationdirect.com/pn/S5006-3-R
http://www.automationdirect.com/pn/S500-5-R
http://www.automationdirect.com/pn/S50010-R
http://www.automationdirect.com/pn/S5001-R
http://www.automationdirect.com/pn/S5002-R
http://www.automationdirect.com/pn/S5004-R
http://www.automationdirect.com/pn/S5005-R
http://www.automationdirect.com/pn/S5008-R
http://www.automationdirect.com/pn/DN-F10
http://www.automationdirect.com/pn/DN-F10

Edison Fuses — 5x20 mm
Fast-Acting S500 Series
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Dimensions
mm (inches) T S500 Electrical Characteristics
1(‘(’]2;‘;)20(5”;“88) IN 1.5 Inmin| 2.1 In max| 2.75 In min| 2.75 In max| 4 In min| 4 In max | 10 In max
—t 0.32At06.3A |60 min 30 min 50 ms 2 sec 10 ms 300 ms 20 ms

5.2mm

Q(O.197")
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Fuse Terminal Blocks

Fuse blocks are available for 1/4",
5 mm, Class CC and midget size
fuses, either with or without a blown
fuse LED. LED fuse blocks are polarity

sensitive. The hinge side is positive. DN-F Series: EURO S10-H DN-FoL Series: EURO S10-H DNLELO Seris: EURO SALH DN-FL0L Series: EURO SALH
Part | Pcs/| Price, Part | Pcs/| Price/| Part | Pcs/| Price Part Pcs/) Price
DN-F 6 Number| Pkg| Pkg | Number | Pkg| Pkg |Number| Pkg| Pkg | Number |Pkg| Pkg
10 mm — Gray Term Blk  |DN-F6 | 25 | <--> - - - |DN-F10| 50 | <> - - -
[0.39 in] B.230in] O 12-24VAC/DC* - - - |DN-F6L24 | 10 | <> - - - |DN-F10L24 | 10 | <>
110VAC/DC* - - - |DN-F6L110] 10 | <> - - - |DN-F10L110| 10 | <--->
220VAC/DC* - - - |DN-F6L220| 10 | <---> = - - |DN-F10L220| 10 | <--->
Fuse Terminal Blocks Specifications
UL Approval** 600V | 30A i\(?vg 600V 30A f\\?\;g 300V | 15A zﬁwlg 300V 15A 2:\,\,1(?
18-6 18-6 18-12 18-12
CSA Approval 600V | 30A AWG 600V 30A AWG 300V 8A AWG 300V 8A AWG
VDE Approval 750V | 8A - 750V 8A - 500V | 8A | 4mnv 500V 8A | 4mnv
CE Conformity CE 23/20, CE 23/21 CE 23/20, CE 23/21 CE 23/20, CE 23/21 CE 23/20, CE 23/21
Agency File # E179129, LR84816 E179129, LR84816 E179129, LR84816 E179129, LR84816
Wire Strip " . " .
D N- F 6|_ Length 0.47" (12mm) 0.47" (12mm) 0.39" (10mm) 0.39" (10mm)
Tightening . . . )
Torque 18.0 Ib-in (2.0Nm) 18.0 Ib-in (2.0Nm) 5.5 Ib-in (0.6Nm) 5.5 Ib-in (0.6Nm)
10 mm 82mm 5 Density 30 pes./ft. (100/m) 30 pes./ft. (100/m) 30 pes./ft. (100/m) 30 pes./ft. (100/m)
[039in] B23in] & e
. 11/4" X 1/4" 11/4" X 14" 5x20mm-5x25mm 5x20mm-5x25mm
(not supplied)
Indicator Type Non-indicating LED blown fuse indicator Non-indicating LED blown fuse indicator
',,E, Operating Ambient air temperature: -13°F to 104°F (-25°C to 40°C)
g Temperature | Relative humidity: 50% max at 104°F (40°C); 90% max at 68°F (20°C)
E Notes: * Working voltage ** For copper wire only
’
Part Number Pcs/Pkg| Price/Pkg
. DN-R35S1 (7.5 mm) or DN-R35HS1 (15 mm) 10 various
&5 DIN Rail — —
mm I Rl DN-R3551-2 (7.5 mm) or DN-R35HS1-2 (15 mm) 2 various
DN-EB35 50 <>
DN-EB35MN 20 <>
End Bracket =
DN-EB35-A or DN-QEB35 50 various
DN-EB35-A-10 or DN-QEB35-10 10 various
End Cover Included
Marking Tags DN-L*/DN-LT** series 500/100 various
Angled Support Bracket DN-ASB1 50 <ee>
Notes:* On lever arm, ** On terminal body

For more information on accessories, see the DINnectors Accessories section of this chapter.

DN-F10

Note: DN-F6 series fuse holders will accommodate
the following AutomationDirect fuses:
ABC, AGC, MDA and MDL.

DN-F10 series fuse holders will accommodate the fol-
lowing AutomationDirect fuses:
GMA, GMC, S500, and S506.

66 mm
[2.6in] 1

66 mm
[2.6in]

10 mm
[0.39in]

[0.39 in]
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http://www.automationdirect.com/pn/DN-EB35-A-10
http://www.automationdirect.com/pn/DN-R35HS1-2
http://www.automationdirect.com/pn/DN-QEB35-10
http://www.automationdirect.com/pn/DN-F10L110
http://www.automationdirect.com/pn/DN-F10L220
http://www.automationdirect.com/pn/DN-R35S1-2
http://www.automationdirect.com/pn/DN-F10L24
http://www.automationdirect.com/pn/DN-F6L110
http://www.automationdirect.com/pn/DN-F6L220
http://www.automationdirect.com/pn/DN-R35HS1
http://www.automationdirect.com/pn/DN-EB35MN
http://www.automationdirect.com/pn/DN-EB35-A
http://www.automationdirect.com/pn/DN-F6L24
http://www.automationdirect.com/pn/DN-R35S1
http://www.automationdirect.com/pn/DN-QEB35
http://www.automationdirect.com/pn/DN-EB35
http://www.automationdirect.com/pn/DN-ASB1
http://www.automationdirect.com/pn/DN-F10
http://www.automationdirect.com/pn/DN-F10
http://www.automationdirect.com/pn/DN-F10
http://www.automationdirect.com/pn/DN-F10
http://www.automationdirect.com/pn/DN-F6
http://www.automationdirect.com/pn/DN-F6
http://www.automationdirect.com/pn/DN-F6
http://www.automationdirect.com/pn/DN-F6

Edison Fuses — Accessories

Part Number

Accessories

Description

Pcs/Pkg

Price

I i
Company
Information

Systems
Overview

Programmable
Controllers

EP-2

Fuse puller for fuse dia. 13/32" - 13/16”. Fuse type: 0-60A, 250V; 0-30A, 600V 1

<em>

Field /0

JV-L*
(Not Field Installable)

Multi-pole connection kit to connect new design multiple Class CC and Midget
Class fuse holders together. Kit consists of 6 connectors and 3 handle pins to

connect up to 4 fuse holders.

<>

Software

C-more &

Handle Pin Dimensions
Diameter = 0.0625 in [1.58 mm]
Length = 0.632 in [16.07 mm]

www.automationdirect.com/circuit-protection

Note: Will not work with retired design fuse holders shipped before November 1, 2009.
*Roll pin punch or installation tool is required to install handle pins (Tool not sold by Automationdirect.com).
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http://www.automationdirect.com/pn/JV-L
http://www.automationdirect.com/pn/JV-L
http://www.automationdirect.com/pn/FP-2
http://www.automationdirect.com/pn/JV-L
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