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Figure 12: Wobble-type steel
spring (ABM, ABP models)

Figure 13: Optional lever arm
(ABM models) AGE44-LEVER

Figure 15: Steel plunger 
(AAP models)

Figure 14: Optional lever arm
(ABM models) AGE54-LEVER

Figure 16: Steel plunger with
roller (AAP models)

Figure 18: Side rotary lever with
roller (AAP models)

Figure 20: Side rotary 
lever with rod actuator 
(AAP models)
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Figure 10: Side rotary with rod 
(ABM, ABP models)

Figure 11: Wobble-type 
with spring with tip 
(ABM, ABP models)

Actuators — mini-DIN
(AAP) models

Dimensions are in millimeters (25.4 mm = 1 inch). For example, 30 mm to inches = 30/25.4 = 1.181 inches.

IEC Limit Switches Dimensions

Figure 17: One-way lever with
roller (AAP models)

Figure 19: Side rotary 
lever with adj. lever roller 
(AAP models)
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