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Pneumatic Cylinders - A-Series
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Series
A

Nitra Pneumatics stainless steel, round body air cylinder,
3/4” bore, 2” stroke, double acting, pivot mount, 
magnetic piston option
   

stainless steel
 round body

Part Numbering Information

Part A12020DP-M shown

http://www.automationdirect.com/pn/A12020DP-M
http://www.automationdirect.com/pn/A12020DP-M
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Pneumatic Cylinders - A-Series

High-strength roll-
formed rod threads

Low friction Buna N “U”
cup rod seal

High strength aluminum
alloy endcaps

Low friction Buna N “U”
cup piston seal

High-strength alloy
piston

High-strength steel or
stainless steel piston rod

Sintered bronze rod guide
bushing (except 7/16” and

9/16” single acting)

Double rolled
assembly

Type 304 stainless
steel body

Piston rod joint
threaded and sealed

for extra strength

Factory lubricated for long
maintenance-free operation

Cylinder Features

Made in the USA
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A-Series Pneumatic Cylinders 
1-1/16 inch Bore

NITRA pneumatic stainless steel round body, interchangeable,
1-1/16 inch bore, 1/8 NPT ports, double acting, rear pivot
mount, magnetic piston (pivot pin included).

Part no. A17020DP-M

A

Cylinder, 1-1/16 in bore, double acting, rear pivot mount, magnetic piston
Part Number Stroke Length (in.) “A” (in) Weight (lbs) Price

A17010DP-M 1.0 4.84 0.4 <--->

A17020DP-M 2.0 5.84 0.4 <--->

A17030DP-M 3.0 6.84 0.5 <--->

A17040DP-M 4.0 7.84 0.5 <--->

A17050DP-M 5.0 8.84 0.6 <--->

A17060DP-M 6.0 9.84 0.6 <--->

A17080DP-M 8.0 11.84 0.7 <--->

A17100DP-M 10.0 13.84 0.8 <--->

A17120DP-M 12.0 15.84 0.9 <--->

Specifications
304 SS cylinder body 0.90 sq. in. piston area

High strength aluminum end caps Pre-lubricated for maintenance-free life

303 SS piston rod Pressure rating 250 psi

Low friction Buna-N seals Temperature range -20°F to 200°F (-28 to 93°C)

Extend force at 100 psi = 90.0 lb. Retract force at 100 psi = 82.3 lb.

Dimensions shown in inches

1-1/16 in. Bore, Double-acting,  Rear Pivot Mount, Magnetic Piston

Mount Style Bracket Nut
Front Nose Mount AMB-6 AN-58-18

Rear Pivot Mount APB-2 –

Double End Mount
Front AMB-6 AN-58-18

Rear AMB-6 AN-58-18

Cylinder rod clevis ARC-516-24

See end of 1-1/16” bore section for Accessories

Note: Drive pin out for double end mounting

http://www.automationdirect.com/pn/A17020DP-M
http://www.automationdirect.com/pn/A17010DP-M
http://www.automationdirect.com/pn/A17020DP-M
http://www.automationdirect.com/pn/A17030DP-M
http://www.automationdirect.com/pn/A17040DP-M
http://www.automationdirect.com/pn/A17050DP-M
http://www.automationdirect.com/pn/A17060DP-M
http://www.automationdirect.com/pn/A17080DP-M
http://www.automationdirect.com/pn/A17100DP-M
http://www.automationdirect.com/pn/A17120DP-M
http://www.automationdirect.com/pn/ARC-516-24
http://www.automationdirect.com/pn/AN-58-18
http://www.automationdirect.com/pn/AN-58-18
http://www.automationdirect.com/pn/AN-58-18
http://www.automationdirect.com/pn/AMB-6
http://www.automationdirect.com/pn/APB-2
http://www.automationdirect.com/pn/AMB-6
http://www.automationdirect.com/pn/AMB-6
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A-Series Pneumatic Cylinders 
1-1/16 inch Bore Accessories

A-Series Pneumatic Cylinder 1-1/16 inch Bore Accessories
Part Number Description Pcs/Pkg Wt (lb) Price

APB-2 Cylinder pivot mounting bracket without pivot pin used to mount 3/4, 7/8, and 1-1/16 inch bore
NITRA pneumatic stainless steel round body, interchangeable, non-repairable cylinders. 1 0.2 <--->

AMB-6 Cylinder mounting bracket used to mount 3/4, 7/8, and 1-1/16 inch bore NITRA pneumatic stain-
less steel round body, interchangeable, non-repairable cylinders. 1 0.1 <--->

ARC-516-24 Cylinder rod clevis and hex nut, 5/16-24 thread, for use with 1-1/16 inch bore NITRA pneumatic
stainless steel round body, interchangeable, non-repairable cylinders. 1 0.1 <--->

AN-58-18 Cylinder mounting nut with 5/8-18 UNF-2B threads used to mount 3/4, 7/8 and 1-1/16 inch bore
NITRA pneumatic stainless steel round body, interchangeable, non-repairable cylinders. 1 0.1 <--->

APB-2

AMB-6

Dimensions shown in inches

http://www.automationdirect.com/pn/ARC-516-24
http://www.automationdirect.com/pn/AN-58-18
http://www.automationdirect.com/pn/APB-2
http://www.automationdirect.com/pn/AMB-6
http://www.automationdirect.com/pn/APB-2
http://www.automationdirect.com/pn/AMB-6
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A-Series Pneumatic Cylinders 
1-1/16 inch Bore Accessories

ARC-516-24

AN-58-18

Dimensions shown in inches

http://www.automationdirect.com/pn/ARC-516-24
http://www.automationdirect.com/pn/AN-58-18



