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PNEUMATICS 1-1/2 inCh Bore

1-1/2 in. Bore, Double-acting, Front Nose Mount

Part no. A24020DN

A A-Series Pneumatic Cylinders

NITRA pneumatic stainless steel round body, inter-
changeable, non-repairable cylinder, 1-1/2 inch bore,
1/8 NPT ports, double acting, front nose mount.

Cylinder, 1-1/2 in bore, double acting, front nose mount Mount Style Bracket | Nut
Part Number | Stroke Length (in.)|  “A” (in) Weight (Ibs) | Price Front Nose Mount AMB-7 | AN-34-16*
A24010DN 1.0 4.69 08 <> Rear Pivat Mount - -
A24015DN 15 519 08 <> Front - -
A24020DN 20 5.69 09 <> Double End Mount Rear - -
A24030DN 30 6.69 09 <> * (1) Nut included with cylinder
A24040DN 40 7.69 1.0 <> Cylinder rod clevis ARC-716-20
A24050DN 50 8.69 1.1 <> See end of 1-1/2” bore section for Accessories
A24060DN 6.0 9.69 12 <>
A24070DN 70 10.69 13 <>
A24080DN 8.0 11.69 13 <>
A24090DN 9.0 12.69 14 <>
A24100DN 10.0 13.69 15 <>
A24110DN 1.0 14.69 16 <>
A24120DN 12.0 15.69 17 <>
304 SS cylinder body 1.7'sq. in. piston area
High strength aluminum end caps Pre-lubricated for maintenance-free life
High strength carbon steel piston rod Pressure rating 250 psi
Low friction Buna-N seals Temperature range -20°F to 200°F (-28 to 93°C)
Extend force at 100 psi = 170.0 Ib. Retract force at 100 psi = 155.0 Ib.
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PNEUMATICS 1
-

1/2 inch Bore

ﬁ A A-Series Pneumatic Cylinders

1-1/2 in. Bore, Double-acting, Rear Pivot Mount

Part no. A24020DP

NITRA pneumatic stainless steel round body, interchangeable,
non-repairable cylinder, 1-1/2 inch bore, 1/8 NPT ports, double
acting, rear pivot mount (pivot pin included). Cylinder cannot be
double end mounted.

304 SS cylinder body

1.7 5. in. piston area

Specifications

Cylinder, 1-1/2 in bore, double acting, rear pivot mount Mount Style Bracket | Nut

Part Number | Stroke Length (in.)|  “A” (in) Weight (Ibs) Price Front Nose Mount AMB-7 AN-34-16
A24010DP 1.0 538 08 <> Rear Pivot Mount APB-3 -
A24020DP 20 6.38 09 <> Front - -
A24030DP 30 7.38 1.0 <> LT LS Rear - -
A24040DP 40 8.38 11 <> Cylinder rod clevis ARC-716-20
A24050DP 50 9.38 1.1 <> See end of 1-1/2” hore section for Accessories
A24060DP 6.0 10.38 1.2 <>
A24070DP 7.0 1138 13 <>
A24080DP 80 1238 14 <>
A24090DP 90 1338 15 <>
A24100DP 10.0 1438 15 <>
A24120DP 120 16.38 1.7 <>

High strength aluminum end caps

Pre-lubricated for maintenance-free life

High strength carbon steel piston rod

Pressure rating 250 psi

Low friction Buna-N seals

Temperature range -20°F to 200°F (-28 to 93°C)

Extend force at 100 psi=170.0 Ib.

Retract force at 100 psi = 155.0 Ib.
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http://www.automationdirect.com/pn/ARC-716-20
http://www.automationdirect.com/pn/A24020DP
http://www.automationdirect.com/pn/A24010DP
http://www.automationdirect.com/pn/A24020DP
http://www.automationdirect.com/pn/A24030DP
http://www.automationdirect.com/pn/A24040DP
http://www.automationdirect.com/pn/A24050DP
http://www.automationdirect.com/pn/A24060DP
http://www.automationdirect.com/pn/A24070DP
http://www.automationdirect.com/pn/A24080DP
http://www.automationdirect.com/pn/A24090DP
http://www.automationdirect.com/pn/A24100DP
http://www.automationdirect.com/pn/A24120DP
http://www.automationdirect.com/pn/AN-34-16
http://www.automationdirect.com/pn/AMB-7
http://www.automationdirect.com/pn/APB-3

-

PNEUMATICS

1-1/2 inch Bore

A A-Series Pneumatic Cylinders

1-1/2 in. Bore, Double-acting, Rear Pivot Mount, Magnetic Piston

NITRA pneumatic stainless steel round body, interchangeable,
non-repairable cylinder, 1-1/2 inch bore, 1/8 NPT ports, double
acting, rear pivot mount, magnetic piston (pivot pin included).
Cylinder cannot be double end mounted.
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375 DIA. PIN

Mount Style Bracket | Nut

Part Number | Stroke Length (in.)|  “A” (in) Weight (Ibs) Price Front Nose Mount AMB-7 AN-34-16
A24010DP-M 1.0 538 08 <> Rear Pivot Mount APB-3 -
A24020DP-M 20 6.38 09 <> Front - -
A240300P-M 30 738 0 — Double End Mount - ———— -
A24040DP-M 40 8.38 1 <> Cylinder rod clevis ARC-716-20
A24050DP-M 50 9.38 1.1 Nk See end of 1-1/2” bore section for Accessories
A24060DP-M 6.0 10.38 1.2 <>
A24070DP-M 70 1138 13 <>
A24080DP-M 8.0 12.38 14 <>
A24090DP-M 9.0 13.38 15 <>
A24100DP-M 10.0 14.38 15 <>
A24120DP-M 120 16.38 17 <>
304 SS cylinder body 1.7 sq. in. piston area
High strength aluminum end caps Pre-lubricated for maintenance-free life
303 SS piston rod Pressure rating 250 psi
Low friction Buna-N seals Temperature range -20°F to 200°F (-28 to 93°C)
Extend force at 100 psi = 170.0 Ib. Retract force at 100 psi = 155.0 Ib.

Dimensions shown in inches
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http://www.automationdirect.com/pn/A24020DP-M
http://www.automationdirect.com/pn/A24010DP-M
http://www.automationdirect.com/pn/A24020DP-M
http://www.automationdirect.com/pn/A24030DP-M
http://www.automationdirect.com/pn/A24040DP-M
http://www.automationdirect.com/pn/A24050DP-M
http://www.automationdirect.com/pn/A24060DP-M
http://www.automationdirect.com/pn/A24070DP-M
http://www.automationdirect.com/pn/A24080DP-M
http://www.automationdirect.com/pn/A24090DP-M
http://www.automationdirect.com/pn/A24100DP-M
http://www.automationdirect.com/pn/A24120DP-M
http://www.automationdirect.com/pn/ARC-716-20
http://www.automationdirect.com/pn/AN-34-16
http://www.automationdirect.com/pn/AMB-7
http://www.automationdirect.com/pn/APB-3

NI ﬁ A A-Series Pneumatic Cylinders
e 1-1/2 inch Bore Accessories

A-Series Pneumatic Cylinder 1-1/2 inch Bore Accessories

Part Number Description Pcs/Pkg | Wt (Ib) | Price

L Cylinder mounting bracket used to mount 1-1/4 and 1-1/2 inch bore NITRA pneumatic stainless
M steel round body, interchangeable, non-repairable cylinders. 1 02 <
APB-3 Cylinder pivot mounting bracket without pivot pin used to mount 1-1/2 bore NITRA pneumatic 1 02 s
—_— stainless steel round body, interchangeable, non-repairable cylinders. ’

_71h. Cylinder rod clevis and hex nut, 7/16-20 thread, for use with 1-1/4 and 1-1/2 inch bore NITRA
M pneumatic stainless steel round body, interchangeable, non-repairable cylinders. 1 01 <

24 Cylinder mounting nut with 3/4-16 UNF-2B threads used to mount 1-1/4 and 1-1/2 inch bore

M NITRA pneumatic stainless steel round body, interchangeable, non-repairable cylinders. 1 01 <

AMB-7 0

.31~—I — 94 —tet— 94 —]

Dimensions shown in inches
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http://www.automationdirect.com/pn/ARC-716-20
http://www.automationdirect.com/pn/AN-34-16
http://www.automationdirect.com/pn/AMB-7
http://www.automationdirect.com/pn/APB-3
http://www.automationdirect.com/pn/AMB-7
http://www.automationdirect.com/pn/APB-3

NI ﬁ A A-Series Pneumatic Cylinders
mewnes 1-1/2 inch Bore Accessories
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http://www.automationdirect.com/pn/ARC-716-20
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