


Non-Fused Load Switches - Technical Specs

Non-Fused Load Switches Technical Specifications According to UL 508

Specifications SD1 SD2
Rated Current - 3 Poles 16A | 25A | 32A | 40A | 63A | 80A | 100A | 125A
Rated Operational Voltage (VAC) 600 600 600 600 600 600 600 600
Short Circuit Rating (kA) 5 5 5 5 5 5 5 5
Fuse Type (if fusing separately) RK5 RK5 RK5 RK5 RK5 RK5 RK5 RK5
Fuse Rating (A) (if fusing separately) 40 40 40 40 125 125 125 125
Maximum UL Horsepower, Three Phase 120V |3 3 3 3 5 5 5 5
240V |5 75 75 10 10 15 15 15
415V |75 10 10 15 20 2 2 2
480V |10 15 20 20 25 30 30 30
600V |15 20 25 30 30 40 40 40
Maximum UL Horsepower, Single Phase 120V |- - - - 3 5 5 5
240V |- - - - 75 10 10 10
Mechanical Endurance (number of operations) 6000 6000  |6000 {6000  |60O0  |6000  |6000  |600O
Electrical Endurance (number of operations) 6000 6000 /6000  |6000  |60O0  |6000  |6000  |600O
Wire Size Range  (AWG) 166 |166  |166 |166 |61 6-1 6-1 6-1
Tightening Type Cu Cu Cu Cu Cu Cu Cu Cu
Maximum Terminal Torque N-m (Ib-in) 2(172) [2(172) |2(17.2) |2(17.2) [35(31) |35(31) |35(31) |35(31)
Net Weight (Ib/kg) 0.29/0.130.29/0.130.29/0.13| 0.29/0.13 | 0.55/0.25 | 0.55/0.25 | 0.55/0.25 | 0.55/0.25
Non-Fused Load Switches Technical Specifications According to IEC/CEI/EN 60947/1-3
Specifications SD1 SD2
Rating - 3 Poles 16A | 25A | 32A | 40A | 63A | 80A | 100A | 125A
Rated Insulation Voltage Ui (V) 800 800 800 800 800 800 800 800
Impulse Withstand Voltage Uimp (kV) 8 8 8 8 8 8 8 8
Rated Thermal Current at 40°C (A) 16 25 32 40 63 80 100 125
Rated Operational Current AC-21A 415V |16 25 32 40 63 80 100 125
500V |16 25 32 40 63 80 100 125
690V |16 25 32 40 63 80 100 125
Rated Operational Current AC-22A 415V |16 25 32 40 63 80 100 125
500V |16 25 32 40 63 80 100 100
690V |16 25 32 40 40 40 40 40
Rated Operational Current AC-23A 415V |16 25 32 40 63 80 80 80
500V |16 25 32 40 63 63 63 63
690V |16 25 25 25 32 32 32 32
Rated Making Capacity AC23 415V 160 250 320 400 630 800 800 800
Rated Breaking Capacity AC23 415V 128 200 256 320 504 640 640 640
Rated Operational Power AC23 (W) 415V |75 11 14 15 29 37 37 37
(kW) 500V |75 11 14 15 35 35 35 35
(kW) 690V |75 11 14 15 24 24 24 24
Short-circuit Withstand Current 1 sec. (kA) 400V |11 11 11 11 15 15 15 15
Rated Fuse Short-circuit Current (if fusing separately)
Back-up Fuse gG (A) 16 25 32 40 63 80 100 125
RMS Value (kA) 50 50 50 50 50 50 30 20
Peak Value (kA) 38 45 5 57 8 99 99 99
Mechanical Endurance (n) 50000 |50000 [50000 [50000 |30000 |30000 |30000 |30000
Electrical Endurance (n) 3000 /3000 3000 3000 [3000 |1500  [1500  |1000
Power Loss Per Pole (W) 0.1 0.1 02 03 08 13 20 31
Cable Section (mmq) 16 16 16 16 16-50 |16-50 |25-50 | 35-50
Max Terminal Torque (N-m) 2 2 2 2 2 2 2 2
Operation Torque (N-m) 16 16 16 16 16 16 16 16
Auxiliary Contacts AC 15/415V (A) 3 3 3 3 3 3 3 3
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Non-Fused Load Switches - SD1 Series

Our SD1 series non-fused load switches
allow breaking of equipment loads up to
600 VAC, at a nominal current range
from 16 amps to 40 amps. They are
DIN-rail or panel-mountable. A
complete line of standard accessories
including an optional auxiliary contact
(one N.O. and one N.C. confact) is
available for this model.

SD1-032-BR SD1-032-RR

Part Number Price | Handle Type Color A,ﬂ’,’,-f,’; Voltage ’é’;,‘i;’,",’,’,f
SD1-016-BR <> 16

S A B Rotary handle Black 2 600VAC SKA
SD1-032-BR <> %

SD1-040-BR <> 40

SD1-016-RR <> 16

S il 1 Rotary handie Red » B00VAC 5 KA
SD1-032-RR <> %

SD1-040-RR <> 40

SD1-AUX

SD1 Series Non-Fused Load Switches
Accessories Selection Guide

Part Number Price Description
SD1-4P <> | Additional 4th pole for SD1 non-fused load switches; 40A rating
SD1-GP <—> | Ground pole for SD1 non-fused load switches
SD1-NP <> |Neutral pole for SD1 non-fused load switches
SD1-AUX <> |Auxiliary contact for SD1 non-fused load switches. One N.O and one N.C. contact.
SD-CON > |quiches o on Tt ety (056 wih 200 . et ngth)
SD-S100 <—> | Remote operator shaft for 100mm length (purchase handle separately)
SD-S200 <—> | Remote operator shaft for 200mm length (purchase handle separately)
SD-S300 <—> | Remote operator shaft for 300mm length (purchase handle separately)
SD-HB <> |Remote black handle, non-defeatable, IP65 when properly installed
SD-HRY <> |Remote red-yellow handle, non-defeatable, IP65 when properly installed

SD-S100, SD-S200, SD-S300 SD-HB SD-HRY
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http://www.automationdirect.com/pn/SD1-016-BR
http://www.automationdirect.com/pn/SD1-025-BR
http://www.automationdirect.com/pn/SD1-032-BR
http://www.automationdirect.com/pn/SD1-040-BR
http://www.automationdirect.com/pn/SD1-016-RR
http://www.automationdirect.com/pn/SD1-025-RR
http://www.automationdirect.com/pn/SD1-032-RR
http://www.automationdirect.com/pn/SD1-040-RR
http://www.automationdirect.com/pn/SD1-032-BR
http://www.automationdirect.com/pn/SD1-032-RR
http://www.automationdirect.com/pn/SD1-AUX
http://www.automationdirect.com/pn/SD-S100
http://www.automationdirect.com/pn/SD-S200
http://www.automationdirect.com/pn/SD-S300
http://www.automationdirect.com/pn/SD1-AUX
http://www.automationdirect.com/pn/SD-S100
http://www.automationdirect.com/pn/SD-S200
http://www.automationdirect.com/pn/SD-S300
http://www.automationdirect.com/pn/SD1-4P
http://www.automationdirect.com/pn/SD1-GP
http://www.automationdirect.com/pn/SD1-NP
http://www.automationdirect.com/pn/SD-CON
http://www.automationdirect.com/pn/SD-HRY
http://www.automationdirect.com/pn/SD1-4P
http://www.automationdirect.com/pn/SD1-GP
http://www.automationdirect.com/pn/SD1-NP
http://www.automationdirect.com/pn/SD-CON
http://www.automationdirect.com/pn/SD-HRY
http://www.automationdirect.com/pn/SD-HB
http://www.automationdirect.com/pn/SD-HB

Non-Fused Load Switches - SD2 Series

Information
Systems
Our SD2 Series non-fused load switches ey
allow breaking of equipment loads up to SR
600 VAC, at a nominal current range Controllers
from 63 amps to 125 amps. They are
DIN-rail or panel-mountable. A complete —
line of standard accessories including an
optional auxiliary contact (one N.O. and Sofware
one N.C. contact) is available for this
del C-more &
model. other HMI

o
SD2-063-BR SD2-063-RR |
Soft
SD2 Series Non-Fused Load Switches ——
; Ampere Interrupt Motors &
Part Number Price Handle Type | Color Rating Voltage Capacity i
SD2-063-BR <> 63 Steppers!
SDZ '080'BH <> 80 Servos
— Rotary handle Black 600VAC 5kA
SD2-100-BR <> / 100 Motor
= Control
SD2-125-BR <> 125 ontrols
SD2-063-RR <> 63 Proximity
—_ Sensors
SD2-080-RR <> 80
—_——— Rotary handle Red 600VAC 5kA
SD2-100-RR <> ’ 100 fnolo
SD2-125-RR <> 125
—_— Limit
Switches
Encoders
Curent
Sgrrlrse:rs
SD2-AUX
-_— Pressure
Sensors
Temperature
Sensors
SD2 Series Non-Fused Load Switches o
Accessories Selection Guide
Part Number Price Description fiocesS
SD2-4P <> | Additional 4th pole for SD2 non-fused load switches; 125A rating Relays
SD2-GP <> | Ground pole for SD2 non-fused load switches e
SD2-NP <> [Neutral pole for SD2 non-fused load switches Comm.
SD2-AUX <> | Auxiliary contact for SD2 non-fused load switches. One N.O and one N.C. contact. —

. | Connector, six to eight poles, to connect two non-fused load Al
SD-CON <> | switches to one remote operator (Use with 200mm max. shaft length.) I
SD-S100 <> | Remote operator shaft for 100mm length (purchase handle separately) Power
SD-S200 <> |Remote operator shaft for 200mm length (purchase handle separately) ”_
— Ircul
SD-S300 <> |Remote operator shaft for 300mm length (purchase handle separately)
SD-HB <> |Remote black handle, non-defeatable. IP65 when properly installed. F—
SD-HRY <> | Remote red-yellow handle, non-defeatable. IP65 when properly installed.
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http://www.automationdirect.com/pn/SD2-100-BR
http://www.automationdirect.com/pn/SD2-125-BR
http://www.automationdirect.com/pn/SD2-063-RR
http://www.automationdirect.com/pn/SD2-080-RR
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http://www.automationdirect.com/pn/SD2-063-RR
http://www.automationdirect.com/pn/SD2-AUX
http://www.automationdirect.com/pn/SD-S100
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http://www.automationdirect.com/pn/SD-S300
http://www.automationdirect.com/pn/SD2-AUX
http://www.automationdirect.com/pn/SD-S100
http://www.automationdirect.com/pn/SD-S200
http://www.automationdirect.com/pn/SD-S300
http://www.automationdirect.com/pn/SD2-4P
http://www.automationdirect.com/pn/SD2-GP
http://www.automationdirect.com/pn/SD2-NP
http://www.automationdirect.com/pn/SD-CON
http://www.automationdirect.com/pn/SD-HRY
http://www.automationdirect.com/pn/SD2-4P
http://www.automationdirect.com/pn/SD2-GP
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http://www.automationdirect.com/pn/SD-CON
http://www.automationdirect.com/pn/SD-HRY
http://www.automationdirect.com/pn/SD-HB
http://www.automationdirect.com/pn/SD-HB

Non-Fused Load Switches - Dimensions
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http://www.automationdirect.com/pn/SD-S100
http://www.automationdirect.com/pn/SD-S200
http://www.automationdirect.com/pn/SD-S300
http://www.automationdirect.com/pn/SD-S100
http://www.automationdirect.com/pn/SD-S200
http://www.automationdirect.com/pn/SD-S300
http://www.automationdirect.com/pn/SD-CON

